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NOTES:
1. UNIT DIMENSIONS: 7.4"Wx5.7"H
(188mm) x (145mm)
2. UNIT WEIGHT: 12.0Ibs (5.4kg)
3. SHIPPING DIMENSIONS: 11.9"H x 20.6"W x8.7"D

(302mm) x (522mm) x (220mm)

4. SHIPPING WEIGHT: 15.0lbs (6.8kg)

5. ALL WIRING IS TO BE IN COMPLIANCE WITH NATIONAL

AND LOCAL ELECTRICAL CODES.

32 AMP OUTPUT CIRCUIT BREAKER SWITCH
FOR IEC309-32A

@ IEC309-32A OUTPUT RECEPTACLE

32 AMP OUTPUT CIRCUIT BREAKER SWITCH
FOR L6-30R CORD SET #2

(4) IEC309-32A OUTPUT RECEPTACLE

10 AMP OUTPUT CIRCUIT BREAKER SWITCH
FOR IEC320-C13

@ (4) IEC320-C13 OUTPUT RECEPTACLES
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